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starline = = = = = 1.3.6.1.4.1.35774 Yes
starline cpm - - - - 1.3.6.1.4.1.35774.2 Yes
starline cpm cpmAcMeter - - - 1.3.6.1.4.1.35774.2.1 Yes
starline cpm cpmAcMeter cpmAcGeneral - - 1.3.6.1.4.1.35774.2.1.1 Yes
starline cpm cpmAcMeter cpmAcGeneral -- cpmAcDeviceName 1.3.6.1.4.1.35774.2.1.1.1 Yes DisplayString -- 15 characters max read-write read-write read-only read-write read-write "The name of the meter assigned by the user."
starline cpm cpmAcMeter cpmAcGeneral - cpmAcDevicelocation 1.3.6.1.4.1.35774.2.1.1.2 Yes DisplayString -- 15 characters max read-write read-write read-only read-write read-write "A field for the user to describe the location of the device."
starline cpm cpmAcMeter cpmAcGeneral -- cpmAcDeviceld 1.3.6.1.4.1.35774.2.1.1.3 Yes DisplayString -- 23 characters max read-write read-write read-only read-write read-write "A field for the user to describe the device's identification."
starline cpm cpmAcMeter cpmAcGeneral -- cpmAcModelNumber 1.3.6.1.4.1.35774.2.1.1.4 Yes DisplayString -- 15 characters max read-only read-only read-only read-only read-only "The factory set model number."
starline cpm cpmAcMeter cpmAcGeneral - cpmAcSerialNumber 1.3.6.1.4.1.35774.2.1.1.5 Yes DisplayString -- 15 characters max read-only read-only read-only read-only read-only "The factory set serial number."
starline cpm cpmAcMeter  cpmAcGeneral - cpmAcCatalogNumber 1.3.6.1.4.1.35774.2.1.1.6 Yes DisplayString -- 39 characters max read-only read-only read-only read-only read-only "The factory set catalog number."
starline cpm cpmAcMeter cpmAcGeneral -- cpmAcFirmwareVersion 1.3.6.1.4.1.35774.2.1.1.7 Yes DisplayString -- 19 characters max read-only read-only read-only read-only read-only "A factory set string to define the firmware revision."
starline cpm cpmAcMeter  cpmAcGeneral -- cpmAcCalibrationDate 1.3.6.1.4.1.35774.2.1.1.8 Yes DisplayString -- 19 characters max read-only read-only read-only read-only read-only "Factory set date of calibration."
starline cpm cpmAcMeter  cpmAcGeneral = cpmAcEnergyReset 1.3.6.1.4.1.35774.2.1.1.9 Yes DisplayString -- 1 character max read-write read-write read-only read-write read-write "Energy reset. Set to 1 to issue reset energy command."
"Reset group command: this is an 8 character hexadecimalvalue representing a 32-bit field of flags, of
whichonly the least significant 4 are used. Set to 1 thefollowing bits to reset a group:
starline cpm cpmAcMeter  cpmAcGeneral - cpmAcGroupReset 1.3.6.1.4.1.35774.2.1.1.10 Yes DisplayString read-write read-write read-only read-write read-write E:Ecl) z 2!:(‘:;';2
bit2 = peak values
bit3 = demand values"
starline cpm cpmAcMeter cpmAcGeneral -- cpmAcUserConfig 1.3.6.1.4.1.35774.2.1.1.11 read-write read-write read-only read-write read-write
starline cpm cpmAcMeter cpmAcGeneral - cpmAcProductSerialNumber 1.3.6.1.4.1.35774.2.1.1.12 Yes DisplayString read-only read-only read-only read-only read-only "The factory set product serial number."
starline cpm cpmAcMeter cpmAcGeneral -- cpmAcHardwareVersion 1.3.6.1.4.1.35774.2.1.1.13 Yes DisplayString read-only read-only read-only read-only read-only "A factory set string to define the hardware revision."
starline cpm cpmAcMeter cpmAcGeneral - cpmAcldentify 1.3.6.1.4.1.35774.2.1.1.14 Yes DisplayString read-write read-write read-write read-write read-write "Display identification pattern."
starline cpm cpmAcMeter cpmAcGeneral -- cpmAcRebootRequiredFlag 1.3.6.1.4.1.35774.2.1.1.15 Yes DisplayString read-only read-only read-only read-only read-only "Flag to indicate a reboot is required for parameter changes to take effect"
starline cpm cpmAcMeter cpmAcinterfaces - - 1.3.6.1.4.1.35774.2.1.2 Yes
starline cpm cpmAcMeter cpmAcinterfaces cpmAclan - 1.3.6.1.4.1.35774.2.1.2.1 Yes
starline cpm cpmAcMeter cpmAcinterfaces cpmAcLan cpmAcLanMacAddress 1.3.6.1.4.1.35774.2.1.2.1.1 Yes DisplayString -- 17 characters max read-only read-only read-only read-only read-only "The factory set MAC address."
starline cpm cpmAcMeter cpmAcinterfaces cpmAclan cpmAcLanlpv4Address 1.3.6.1.4.1.35774.2.1.2.1.2 Yes DisplayString read-only read-only read-only read-only read-only "The currently assigned IP address."
starline cpm cpmAcMeter cpmAcinterfaces cpmAclan cpmAcLanipv4Netmask 1.3.6.1.4.1.35774.2.1.2.1.3 Yes DisplayString read-only read-only read-only read-only read-only "The currently assigned IP subnet mask."
starline cpm cpmAcMeter cpmAcinterfaces cpmAclan cpmAclanipv4Gateway 1.3.6.1.4.1.35774.2.1.2.1.4 Yes DisplayString read-only read-only read-only read-only read-only "The currently assigned gateway address."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcLan cpmAcLanEnableDHCP 1.3.6.1.4.1.35774.2.1.2.1.5 Yes DisplayString -- 1 character max read-write read-write read-only read-write read-write "Flag indicating if Static IP or DHCP should be used."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcLan cpmAcLanlpv4StaticAddress 1.3.6.1.4.1.35774.2.1.2.1.6 Yes DisplayString read-write read-write read-only read-write read-write "The IP address to use if not using DHCP."
starline cpm cpmAcMeter cpmAcinterfaces cpmAclan cpmAcLanlpv4StaticNetmask 1.3.6.1.4.1.35774.2.1.2.1.7 Yes DisplayString read-write read-write read-only read-write read-write "The IP subnet mask to use if not using DHCP."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcLan cpmAclanlpv4StaticGateway 1.3.6.1.4.1.35774.2.1.2.1.8 Yes DisplayString read-write read-write read-only read-write read-write "The gateway address to use if not using DHCP."
starline cpm cpmAcMeter  cpmAcinterfaces cpmAclan cpmAcLanlpvé6LinkLocalAddress 1.3.6.1.4.1.35774.2.1.2.1.9 DisplayString read-only read-only read-only read-only read-only
starline cpm cpmAcMeter  cpmAcinterfaces cpmAclan cpmAcLanlpv6Address 1.3.6.1.4.1.35774.2.1.2.1.10 DisplayString read-only read-only read-only read-only read-only
starline cpm cpmAcMeter  cpmAcinterfaces cpmAclan cpmAcLanlpv6StaticAddress 1.3.6.1.4.1.35774.2.1.2.1.11 DisplayString read-only read-only read-only read-only read-only
starline cpm cpmAcMeter  cpmAcinterfaces cpmAclan cpmAcLanEnableDHCP6 1.3.6.1.4.1.35774.2.1.2.1.12 DisplayString read-write read-write read-only read-write read-write
starline cpm cpmAcMeter cpmAcinterfaces cpmAcWlan - 1.3.6.1.4.1.35774.2.1.2.2 Yes
starline cpm cpmAcMeter  cpmAcinterfaces cpmAcWlan cpmAcWlanAddress 1.3.6.1.4.1.35774.2.1.2.2.1 Yes DisplayString -- 17 characters max read-only read-only read-only read-only read-only "The factory set MAC address."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcWlan cpmAcWlanlpv4Address 1.3.6.1.4.1.35774.2.1.2.2.2 Yes DisplayString read-only read-only read-only read-only read-only "The currently assigned IP address."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcWlan cpmAcWlanlpv4Netmask 1.3.6.1.4.1.35774.2.1.2.2.3 Yes DisplayString read-only read-only read-only read-only read-only "The currently assigned IP subnet mask."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcWlan cpmAcWlanlpv4Gateway 1.3.6.1.4.1.35774.2.1.2.2.4 Yes DisplayString read-only read-only read-only read-only read-only "The currently assigned gateway address."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcWlan cpmAcWIlanEnableDHCP 1.3.6.1.4.1.35774.2.1.2.2.5 Yes DisplayString -- 1 character max read-write read-write read-only read-write read-write "Flag indicating if Static IP or DHCP should be used."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcWlan cpmAcWlanlpv4StaticAddress 1.3.6.1.4.1.35774.2.1.2.2.6 Yes DisplayString read-write read-write read-only read-write read-write "The IP address to use if not using DHCP."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcWlan cpmAcWlanlpv4StaticNetmask 1.3.6.1.4.1.35774.2.1.2.2.7 Yes DisplayString read-write read-write read-only read-write read-write "The IP subnet mask to use if not using DHCP."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcWlan cpmAcWlanlpv4StaticGateway 1.3.6.1.4.1.35774.2.1.2.2.8 Yes DisplayString read-write read-write read-only read-write read-write "The gateway address to use if not using DHCP."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcWlan cpmAcWlanlpvéLinkLocalAddress 1.3.6.1.4.1.35774.2.1.2.2.9 Yes DisplayString read-only read-only read-only read-only read-only "The SSID (network name) of the wireless local area network (WLAN)."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcWlan cpmAcWlanlpv6Address 1.3.6.1.4.1.35774.2.1.2.2.10 Yes DisplayString read-only read-only read-only read-only read-only "The type of encryption being used by the WLAN: none, wep, wpa, wpa2."
starline cpm cpmAcMeter  cpmAcinterfaces cpmAcWlan cpmAcWlanlpv6StaticAddress 1.3.6.1.4.1.35774.2.1.2.2.11 DisplayString read-only read-only read-only read-only read-only
starline cpm cpmAcMeter  cpmAcinterfaces cpmAcWlan cpmAcWIlanEnableDHCP6 1.3.6.1.4.1.35774.2.1.2.2.12 DisplayString read-write read-write read-only read-write read-write
starline cpm cpmAcMeter  cpmAcinterfaces cpmAcWlan cpmAcWIanSSID 1.3.6.1.4.1.35774.2.1.2.2.13 DisplayString read-write read-write read-only read-write read-write
starline cpm cpmAcMeter  cpmAcinterfaces cpmAcWlan cpmAcWIlanEncryptionType 1.3.6.1.4.1.35774.2.1.2.2.14 DisplayString read-write read-write read-only read-write read-write
starline cpm cpmAcMeter cpmAcinterfaces cpmAcModbus -- 1.3.6.1.4.1.35774.2.1.2.3 Yes
starline cpm cpmAcMeter cpmAcinterfaces cpmAcModbus cpmAcModbusAddress 1.3.6.1.4.1.35774.2.1.2.3.1 Yes DisplayString -- 3 characters max read-write read-write read-only read-write read-write "A user given serial address used for Modbus."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcModbus cpmAcModbusBaudRate 1.3.6.1.4.1.35774.2.1.2.3.2 Yes DisplayString -- 5 characters max read-write read-write read-only read-write read-write "User selected baud rate of serial communications: 9600 or 19200."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcModbus cpmAcModbusStopBits 1.3.6.1.4.1.35774.2.1.2.3.3 Yes DisplayString -- 1 character max read-write read-write read-only read-write read-write "User selected number of stop bits: 1 or 2."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcModbus cpmAcModbusParity 1.3.6.1.4.1.35774.2.1.2.34 Yes DisplayString -- 1 character max read-write read-write read-only read-write read-write "User selected parity: O=even, 1=odd, 2=none."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcLcd - 1.3.6.1.4.1.35774.2.1.2.4 Yes
starline cpm cpmAcMeter cpmAcinterfaces cpmAcLcd cpmAcLcdPowerDownTime 1.3.6.1.4.1.35774.2.1.2.4.1 Yes DisplayString read-write read-write read-write read-write read-write "LCD Power Down Time."
starline cpm cpmAcMeter cpmAcinterfaces cpmAcLcd cpmAcLcdSlideSpeed 1.3.6.1.4.1.35774.2.1.2.4.2 Yes DisplayString read-write read-write read-write read-write read-write "Slideshow Speed in seconds."
starline cpm cpmAcMeter cpmAcProtocols - - 1.3.6.1.4.1.35774.2.1.3 Yes
starline cpm cpmAcMeter cpmAcProtocols cpmAcSntp - 1.3.6.1.4.1.35774.2.1.3.1 Yes
starline cpm cpmAcMeter cpmAcProtocols cpmAcSntp cpmAcSnmpTrapDestAddrl 1.3.6.1.4.1.35774.2.1.3.1.1 Yes DisplayString read-write read-write "A user set ip address for revceiving traps."
starline cpm cpmAcMeter cpmAcProtocols cpmAcSntp cpmAcSnmpTrapDestAddr2 1.3.6.1.4.1.35774.2.1.3.1.2 Yes DisplayString read-write read-write "A user set ip address for revceiving traps."
starline cpm cpmAcMeter cpmAcinfeed -- -- 1.3.6.1.4.1.35774.2.1.4 Yes
. . . . " " "The enabled line-to-neutral voltages (1 to 3),cpmAcLineToNeutVoltage, summed together then divided by
starline cpm cpmAcMeter  cpmAcinfeed - cpmAcinfLineToNeutVoltAve 1.3.6.1.4.1.35774.2.1.4.1 Yes DisplayString Volts (rms)"  read-only read-only read-only read-only read-only the number of enabled lines.= ((VLIN + V2N + VI3N) / 3) for 3-Phase”
. . . . . " " "The enabled line-to-line voltages (1 to 3),cpmAcLineTolineVoltage, summed together then divided by the
starline cpm cpmAcMeter  cpmAcinfeed - cpmAcinfLineToLineVoltAve 1.3.6.1.4.1.35774.2.1.4.2 Yes DisplayString 'Volts (rms)"  read-only read-only read-only read-only read-only number of enabled lines.= ((VL1L2 + VL2L3 + VI3L1) / 3) for 3-Phase"
. . . . " " "The enabled line currents (1 to 3),cpmAcinfLineCurrent, summed together then divided by the number of
starline cpm cpmAcMeter  cpmAcinfeed - cpmAcinflineCurrentAve 1.3.6.1.4.1.35774.2.1.4.3 Yes DisplayString Amps (rms)"  read-only read-only read-only read-only read-only enabled lines.= ({11 + 12 + 13) / 3) for 3-Phase"
starline cpm cpmAcMeter  cpmAcinfeed = cpmAcinfTotLineCurrDemand 1.3.6.1.4.1.35774.2.1.4.4 Yes DisplayString "Amps (rms)" read-write read-write read-only read-write read-write "The infeed total line current demand."
starline cpm cpmAcMeter  cpmAcinfeed -- cpmAcinfTotLineCurrPeakDmd 1.3.6.1.4.1.35774.2.1.4.5 Yes DisplayString "Amps (rms)" read-write read-write read-only read-write read-write "The highest cpmAcInfTotLineCurrDemand measuredsince the last operator reset of this value."
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfDemandTime 1.3.6.1.4.1.35774.2.1.4.6 Yes DisplayString "minutes" read-write read-write read-only read-write read-write "The interval of time over which the demandis calculated for the infeed parameters."
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfTotalActivePower 1.3.6.1.4.1.35774.2.1.4.7 Yes DisplayString "W read-only read-only read-only read-only read-only "The infeed total active power."
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfPeakTotalActivePower 1.3.6.1.4.1.35774.2.1.4.8 Yes DisplayString "W read-write read-write read-only read-write read-write "The highest infeed total active power measuredsince the last operator reset of this value."
"W per
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfTotalActivePwrDemand 1.3.6.1.4.1.35774.2.1.4.9 Yes DisplayString demand read-write read-write read-only read-write read-write "The infeed total active power demand."
interval"
"W per
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfPeakTotActPwrDemand 1.3.6.1.4.1.35774.2.1.4.10 Yes DisplayString demand read-write read-write read-only read-write read-write "The highest infeed total active power demand measuredsince the last operator reset of this value."
interval"




"var per

starline cpm cpmAcMeter  cpmAcinfeed - cpmAcinfTotalReactivePower 1.3.6.1.4.1.35774.2.1.4.11 Yes DisplayString demand read-only read-only read-only read-only read-only "The infeed total reactive power."
interval"
"var per
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfTotReactivePwrDemand 1.3.6.1.4.1.35774.2.1.4.12 Yes DisplayString demand read-write read-write read-only read-write read-write "The infeed total reactive power demand."
interval"
"var per
starline cpm cpmAcMeter cpmAcinfeed -- cpmAcinfPeakTotReactPwrDmd 1.3.6.1.4.1.35774.2.1.4.13 Yes DisplayString demand read-write read-write read-only read-write read-write "The highest infeed total reactive power demandmeasured since the last operator reset of this value."
interval"
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfTotalApparentPower 1.3.6.1.4.1.35774.2.1.4.14 Yes DisplayString "VA" read-only read-only read-only read-only read-only "The infeed total apparent power."
"VA per
starline cpm cpmAcMeter  cpmAcinfeed - cpmAcinfTotApparentPwrDemand 1.3.6.1.4.1.35774.2.1.4.15 Yes DisplayString demand read-write read-write read-only read-write read-write "The infeed total apparent power demand."
interval"
"VA per
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfPeakTotApparPwrDmd 1.3.6.1.4.1.35774.2.1.4.16 Yes DisplayString demand read-write read-write read-only read-write read-write "The highest cpmAcInfTotApparentPwrDemand measuredsince the last operator reset of this value."
interval"
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfTotalPowerFactor 1.3.6.1.4.1.35774.2.1.4.17 Yes DisplayString " read-only read-only read-only read-only read-only "The total power factor of the infeed."
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfFrequency 1.3.6.1.4.1.35774.2.1.4.18 Yes DisplayString "Hz" read-only read-only read-only read-only read-only "The frequency of the infeed."
starline cpm cpmAcMeter cpmAcinfeed -- cpmAcinfTotalEnergy 1.3.6.1.4.1.35774.2.1.4.19 Yes DisplayString "kWh" read-only read-only read-only read-only read-only "The total energy being consumed via the infeed, sincethe last operator reset of this cumulative value."
starline cpm cpmAcMeter cpmAcinfeed -- cpmAcinfLineCurrentRating 1.3.6.1.4.1.35774.2.1.4.20 Yes DisplayString "amps (rms)" read-write read-write read-only read-write read-write "The maximum infeed line current allowed per the device rating."
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfMeasuredNeutralCurr 1.3.6.1.4.1.35774.2.1.4.21 Yes DisplayString "Amps (rms)" read-only read-only read-only read-only read-only "The infeed measured neutral current."
starline cpm cpmAcMeter cpmAcinfeed -- cpmAcinfFrequencyMin 1.3.6.1.4.1.35774.2.1.4.22 Yes DisplayString "Hz" read-write read-write read-only read-write read-write "The lowest cpmAcInfFrequency measuredsince the last operator reset of this value."
starline cpm cpmAcMeter cpmAcinfeed - cpmAcinfFrequencyMax 1.3.6.1.4.1.35774.2.1.4.23 Yes DisplayString "Hz" read-write read-write read-only read-write read-write "The highest cpomAcInfFrequency measuredsince the last operator reset of this value."
starline cpm cpmAcMeter  cpmAcinfeed = cpmAcinfNeutralCurrentRating 1.3.6.1.4.1.35774.2.1.4.24 Yes DisplayString "amps (rms)" _read-write read-write read-write read-write read-write "The Neutral Current Rating."
starline cpm cpmAcMeter  cpmAcinfeedLine - - 1.3.6.1.4.1.35774.2.1.5. Yes SEQUENCE OF CpmAcinfeedLineEntry not-accessible not-accessible not-accessible not-accessible not-accessible "Table of infeed line data."
starline cpm cpmAcMeter cpmAcinfeedLine cpmAcinfeedLineEntry - 1.3.6.1.4.1.35774.2.1.5.1 Yes CpmAcinfeedLineEntry not-accessible  not-accessible  not-acce not-accessible  not-accessible  "Variables pertaining to infeed line."INDEX { cpomAcinfeedLinelndex }
starline cpm cpmAcMeter  cpmAcinfeedLine cpmAcinfeedLineEntry cpmAcinfeedLinelndex 1.3.6.1.4.1.35774.2.1.5.1.1 Yes :\;EijMish)n)el(l)’ line2(2), line3(3), neutralC(4), read-only read-only read-only read-only read-only "The index to the infeed line entry."
starline cpm cpmAcMeter cpmAcinfeedLine cpmAcinfeedLineEntry cpmAcinfLineCurrent 1.3.6.1.4.1.35774.2.1.5.1.3 Yes DisplayString "amps (rms)" read-only read-only read-only read-only read-only "The current measurement of infeed."
starline cpm cpmAcMeter cpmAcinfeedLine cpmAcinfeedLineEntry cpmAcinfLineCurrentMin 1.3.6.1.4.1.35774.2.1.5.1.4 Yes DisplayString "amps (rms)" read-write read-write read-only read-write read-write "The minimum current measured on infeed."
starline cpm cpmAcMeter  cpmAcinfeedLine cpmAcinfeedLineEntry cpmAcinfLineCurrentMax 1.3.6.1.4.1.35774.2.1.5.1.5 Yes DisplayString "amps (rms)" _read-write read-write read-only read-write read-write "The maximum current measured on infeed."
starline cpm cpmAcMeter cpmAcinfeedLine cpmAcinfeedLineEntry cpmAcinflineCurrRatPctOf 1.3.6.1.4.1.35774.2.1.5.1.6 Yes DisplayString "% of rated"  read-only read-only read-only read-only read-only "Infeed line current rating percent of= (current / rated current * 100)."
starline cpm cpmAcMeter  cpmAcinfeedLine cpmAcinfeedLineEntry cpmAcinfLineCurrMinAlarm 1.3.6.1.4.1.35774.2.1.5.1.7 Yes DisplayString "amps (RMS)" read-write read-write read-only read-write read-write "The minimum current threshold for alarm activiation."
starline cpm cpmAcMeter cpmAcinfeedLine cpmAcinfeedLineEntry cpmAcinfLineCurrMaxAlarm 1.3.6.1.4.1.35774.2.1.5.1.8 Yes DisplayString "amps (RMS)" read-write read-write read-only read-write read-write "The maximum current threshold for alarm activiation."
"amps per
starline cpm cpmAcMeter cpmAcinfeedLine cpmAcinfeedLineEntry cpmAcinflineCurrDemand 1.3.6.1.4.1.35774.2.1.5.1.9 Yes DisplayString demand read-write read-write read-only read-write read-write "The current demand of this line."
interval"
"amps per
starline cpm cpmAcMeter cpmAcinfeedLine cpmAcinfeedLineEntry cpmAcinfLineCurrPeakDmd 1.3.6.1.4.1.35774.2.1.5.1.10 Yes DisplayString demand read-write read-write read-only read-write read-write "The highest cpomAcInfLineCurrDemand measuredsince the last operator reset of this value."
interval"
starline cpm cpmAcMeter  cpmAcinfeedPhase -- -- 1.3.6.1.4.1.35774.2.1.6. Yes SEQUENCE OF CpmAcinfeedPhaseEntry not-accessible not-accessible not-acce not-accessible not-accessible "Table of infeed phase data."
starline cpm cpmAcMeter  cpmAcinfeedPhase cpmAcinfeedPhaseEntry - 1.3.6.1.4.1.35774.2.1.6.1 Yes CpmAcinfeedPhaseEntry not-accessible  not-accessible  not-acce not-accessible  not-accessible  "Variables pertaining to infeed phase."INDEX { cpmAcinfeedPhaselndex }
starline cpm cpmAcMeter  cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcinfeedPhaselndex 1.3.6.1.4.1.35774.2.1.6.1.1 Yes INTEGER { phaseA(1), phaseB(2), phaseC(3) } read-only read-only read-only read-only read-only "The index to the infeed phase entry."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcLineToNeutVoltage 1.3.6.1.4.1.35774.2.1.6.1.2 Yes DisplayString "volts (rms)"  read-only read-only read-only read-only read-only "The current measurement of infeed."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAclLineTolineVoltage 1.3.6.1.4.1.35774.2.1.6.1.3 Yes DisplayString "volts (rms)"  read-only read-only read-only read-only read-only "Phase A,B,C voltage."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcLineToLineVoltMin 1.3.6.1.4.1.35774.2.1.6.1.4 Yes DisplayString "volts (rms)"  read-write read-write read-only read-write read-write "Phase A,B,C voltage minimum."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcLineTolineVoltMax 1.3.6.1.4.1.35774.2.1.6.1.5 Yes DisplayString "volts (rms)"  read-write read-write read-only read-write read-write "Phase A,B,C voltage maximum."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcLinToLinVoltMinAlm 1.3.6.1.4.1.35774.2.1.6.1.6 Yes DisplayString "volts (rms)"  read-write read-write read-only read-write read-write "Phase A,B,C voltage minimum alarm threshold."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAclLinTolLinVoltMaxAlm 1.3.6.1.4.1.35774.2.1.6.1.7 Yes DisplayString "volts (rms)"  read-write read-write read-only read-write read-write "Phase A,B,C voltage maximum alarm threshold."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcinfPhasePowerFactor 1.3.6.1.4.1.35774.2.1.6.1.8 Yes DisplayString read-only read-only read-only read-only read-only "Phase A,B,C power factor."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcinfPhaseApparentPwr 1.3.6.1.4.1.35774.2.1.6.1.9 Yes DisplayString "VA" read-only read-only read-only read-only read-only "Phase A,B,C apparent power."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcinfPhaseActivePower 1.3.6.1.4.1.35774.2.1.6.1.10 Yes DisplayString "W read-only read-only read-only read-only read-only "Phase A,B,C active power"
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcinfPhasePeakActPwr 1.3.6.1.4.1.35774.2.1.6.1.11 Yes DisplayString "W read-write read-write read-only read-write read-write "Phase A,B,C peak active power."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcinfPhaseReactivePwr 1.3.6.1.4.1.35774.2.1.6.1.12 Yes DisplayString "var" read-only read-only read-only read-only read-only "Phase A,B,C reactive power."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcinfPhaseEnergy 1.3.6.1.4.1.35774.2.1.6.1.13 Yes DisplayString "kWh" read-only read-only read-only read-only read-only "Phase A,B,C metered energy."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcLineToNeutVoltMin 1.3.6.1.4.1.35774.2.1.6.1.14 Yes DisplayString "volts (rms)"  read-write read-write read-only read-write read-write "Line-to-neutral voltage minimum."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcLineToNeutVoltMax 1.3.6.1.4.1.35774.2.1.6.1.15 Yes DisplayString "volts (rms)"  read-write read-write read-only read-write read-write "Line-to-neutral voltage maximum."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcLinToNeutVoltMinAlm 1.3.6.1.4.1.35774.2.1.6.1.16 Yes DisplayString "volts (rms)"  read-write read-write read-only read-write read-write "Line-to-neutral voltage minimum alarm threshold."
starline cpm cpmAcMeter cpmAcinfeedPhase cpmAcinfeedPhaseEntry cpmAcLinToNeutVoltMaxAlm 1.3.6.1.4.1.35774.2.1.6.1.17 Yes DisplayString "volts (rms)"  read-write read-write read-only read-write read-write "Line-to-neutral voltage maximum alarm threshold."
starline cpm cpmAcMeter  cpmAcOutlet - - 1.3.6.1.4.1.35774.2.1.7. Yes SEQUENCE OF CpmAcOutletEntry not-accessible  not-accessible  not-acce not-accessible  not-accessible  "Table of outlet data."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry -- 1.3.6.1.4.1.35774.2.1.7.1 Yes CpmAcOutletEntry not-accessible not-accessible not-acce not-accessible not-accessible "Variables pertaining to the outlet table."INDEX { cpomAcOutletindex }
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOutletindex 1.3.6.1.4.1.35774.2.1.7.1.1 Yes INTEGER { outlet1(1), outlet2(2), outlet3(3), read-only read-only read-only read-only read-only "The index to the outlet entry."
outlet4(4), outlet5(5), outlet6(6) }
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOutletld 1.3.6.1.4.1.35774.2.1.7.1.2 Yes DisplayString -- 15 characters max read-write read-write read-only read-write read-write "The name assigned to this outlet."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOtlLineCurrRating 1.3.6.1.4.1.35774.2.1.7.1.3 Yes DisplayString "amps (rms)" read-only read-only read-only read-only read-only "The rated current of this outlet."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOtiDemandTime 1.3.6.1.4.1.35774.2.1.7.1.4 Yes DisplayString "minutes" read-write read-write read-only read-write read-write "The interval of time over which the demandis calculated for the outlet parameters."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOtlTotalActivePower 1.3.6.1.4.1.35774.2.1.7.1.5 Yes DisplayString "W read-only read-only read-only read-only read-only "The total active power being supplied by this outlet."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOtIPeakTotActivePwr 1.3.6.1.4.1.35774.2.1.7.1.6 Yes DisplayString "W read-write read-write read-only read-write read-write "The peak total active power being supplied by this outlet."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOtlTotalReactivePwr 1.3.6.1.4.1.35774.2.1.7.1.7 Yes DisplayString "var" read-only read-only read-only read-only read-only "The total reactive power being supplied by this outlet."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOtiTotalApparentPwr 1.3.6.1.4.1.35774.2.1.7.1.8 Yes DisplayString "VA" read-only read-only read-only read-only read-only "The total apparent power being supplied by this outlet."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOtl|TotalPowerFactor 1.3.6.1.4.1.35774.2.1.7.1.9 Yes DisplayString " read-only read-only read-only read-only read-only "The total power factor of this outlet."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOtiTotalEnergy 1.3.6.1.4.1.35774.2.1.7.1.10 Yes DisplayString "KWh" read-only read-only read-only read-only read-only "The total energy supplied by this outlet, sincethe last operator reset of this cumulative value."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOtICurrentMinAlarm 1.3.6.1.4.1.35774.2.1.7.1.11 Yes DisplayString "amps (rms)" read-write read-write read-only read-write read-write "The minumum outlet current alarm threshold. Currentvalues below threshold will trigger an alarm."
starline cpm cpmAcMeter cpmAcOutlet cpmAcOutletEntry cpmAcOtiCurrentMaxAlarm 1.3.6.1.4.1.35774.2.1.7.1.12 Yes DisplayString "amps (rms)" read-write read-write read-only read-write read-write "The maximum outlet current alarm threshold. Currentvalues above threshold will trigger an alarm."
starline cpm cpmAcMeter  cpmAcOutletline - - 1.3.6.1.4.1.35774.2.1.8. Yes SEQUENCE OF CpmAcOutletLineEntry not-accessible not-accessible not-accessible not-accessible not-accessible "Table of outlet line data."
starline cpm cpmAcMeter cpmAcOutletLine cpmAcOutletLineEntry - 1.3.6.1.4.1.35774.2.1.8.1 Yes CpmAcOutletLineEntry not-accessible  not-accessible  not-acce not-accessible  not-accessible  "Variables pertaining to the outlet line table."INDEX { comAcOutletOutletindex, comAcOutletLinelndex }
starline cpm cpmAcMeter  cpmAcOutletline cpmAcOutletLineEntry cpmAcOutletOutletindex 1.3.6.1.4.1.35774.2.1.8.1.1 Yes INTEGER {outlet(1), outlet2(2), outlet3(3), read-only read-only read-only read-only read-only "The index to the outlet entry."
outlet4(4), outlet5(5), outlet6(6) }
starline cpm cpmAcMeter  cpmAcOutletLine cpmAcOutletLineEntry cpmAcOutletLinelndex 1.3.6.1.4.1.35774.2.1.8.1.2 Yes INTEGER { line1(1), line2(2), line3(3), neutral(4) } read-only read-only read-only read-only read-only "The index to the outlet line entry."
starline cpm cpmAcMeter cpmAcOutletline cpmAcOutletLineEntry cpmAcOtIPhaseld 1.3.6.1.4.1.35774.2.1.8.1.3 Yes DisplayString -- 15 characters max read-write read-write read-only read-write read-write "The name assigned to this phase of the outlet."
starline cpm cpmAcMeter cpmAcOutletLine cpmAcOutletLineEntry cpmAcOtlLineCurrent 1.3.6.1.4.1.35774.2.1.8.1.4 Yes DisplayString "amps (rms)" read-only read-only read-only read-only read-only "The line current flowing through this outlet."
starline cpm cpmAcMeter cpmAcOutletline cpmAcOutletLineEntry cpmAcOtliLineCurrRatPctOf 1.3.6.1.4.1.35774.2.1.8.1.5 Yes DisplayString "% of rated"  read-only read-only read-only read-only read-only "The percent of rated line current flowingthrough this outlet."
"amps (rms)
starline cpm cpmAcMeter cpmAcOutletLine cpmAcOutletLineEntry cpmAcOtiLineCurrDemand 1.3.6.1.4.1.35774.2.1.8.1.6 Yes DisplayString per demand  read-write read-write read-only read-write read-write "The current demand of this outlet."
interval"
"amps (rms)
starline cpm cpmAcMeter cpmAcOutletLine cpmAcOutletLineEntry cpmAcOtlLineCurrPeakDmd 1.3.6.1.4.1.35774.2.1.8.1.7 Yes DisplayString per demand  read-write read-write read-only read-write read-write "The highest cpomAcOtILineCurrDemand measured sincethe last operator reset of this value."

interval"




"amps (rms)

starline cpm cpmAcMeter cpmAcOutletLine cpmAcOutletLineEntry cpmAcOtiLineCurrentMin 1.3.6.1.4.1.35774.2.1.8.1.8 Yes DisplayString per demand  read-write read-write read-only read-write read-write "The lowest cpmAcOtlLineCurrent measured sincethe last operator reset of this value."
interval"
"amps (rms)
starline cpm cpmAcMeter cpmAcOutletLine cpmAcOutletLineEntry cpmAcOtlLineCurrentMax 1.3.6.1.4.1.35774.2.1.8.1.9 Yes DisplayString per demand  read-write read-write read-only read-write read-write "The highest cpomAcOtlLineCurrent measured sincethe last operator reset of this value."
interval"
starline cpm cpmAcMeter cpmAcAlarms - - 1.3.6.1.4.1.35774.2.1.9 Yes
"The infeed alarm status. This is an 8 characterhexadecimal value representing a 32-bit fieldof flags. All flags
starline cpm cpmAcMeter cpmAcAlarms -- cpmAcinfeedAlarmStatus 1.3.6.1.4.1.35774.2.19.1 Yes DisplayString -- 8 characters max read-only read-only read-only read-only read-only are normally 0. If an alarmcondition occurs, specific bits are set to 1 toindicate the condition that triggered
the alarm.”
"Outlet 1 through 4 alarm status. This is an 8 characterhexadecimal value representing a 32-bit fieldof flags.
starline cpm cpmAcMeter  cpmAcAlarms - cpmAcOutletAlarmStatus 1.3.6.1.4.1.35774.2.1.9.2 Yes DisplayString -- 8 characters max read-only read-only read-only read-only read-only All flags are normally 0. If an alarmcondition occurs, specific bits are set to 1 toindicate the condition that
triggered the alarm."
"Outlet 5 and 6 alarm status. This is an 8 characterhexadecimal value representing a 32-bit fieldof flags. All
starline cpm cpmAcMeter cpmAcAlarms -- cpmAcOutletAlarmStatus2 1.3.6.1.4.1.35774.2.19.3 Yes DisplayString -- 8 characters max read-only read-only read-only read-only read-only flags are normally 0. If an alarmcondition occurs, specific bits are set to 1 toindicate the condition that
triggered the alarm."
"Temperature alarm status. This is an 8 characterhexadecimal value representing a 32-bit fieldof flags. All
starline cpm cpmAcMeter cpmAcAlarms - cpmAcTempAlarmStatus 1.3.6.1.4.1.35774.2.1.9.4 Yes DisplayString -- 8 characters max read-only read-only read-only read-only read-only flags are normally 0. If an alarmcondition occurs, specific bits are set to 1 toindicate the condition that
triggered the alarm."
"Circuit breaker alarm status. This is an 8 characterhexadecimal value representing a 32-bit fieldof flags. All
starline cpm cpmAcMeter cpmAcAlarms -- cpmAcBrkrAlarmStatus 1.3.6.1.4.1.35774.2.1.9.5 Yes DisplayString -- 8 characters max read-only read-only read-only read-only read-only flags are normally 0. If an alarmcondition occurs, specific bits are set to 1 toindicate the condition that
triggered the alarm."
"Joint temperature alarm status. This is an 8 characterhexadecimal value representing a 32-bit fieldof flags.
starline cpm cpmAcMeter cpmAcAlarms - cpmAcSecurityAlarmStatus 1.3.6.1.4.1.35774.2.1.9.6 No DisplayString -- 8 characters max read-only read-only read-only read-only read-only All flags are normally 0. If an alarmcondition occurs, specific bits are set to 1 toindicate the condition that
triggered the alarm."
starline cpm cpmAcMeter cpmAcDiagnostics - - 1.3.6.1.4.1.35774.2.1.10 Yes
starline cpm cpmAcMeter cpmAcTempMonitor - 1.3.6.1.4.1.35774.2.1.11 Yes
starline cpm cpmAcMeter  cpmAcTempMonitor - cpmAcEnclosureTemp 1.3.6.1.4.1.35774.2.1.11.1 Yes DisplayString "degrees" read-only read-only read-only read-only read-only "The temperature inside the enclosure."
starline cpm cpmAcMeter cpmAcTempMonitor - cpmAcEnclosureTempMax 1.3.6.1.4.1.35774.2.1.11.2 Yes DisplayString "degrees" read-write read-write read-only read-write read-write "The highest cpmAcEnclosureTemp measured sincethe last operator reset of this value."
starline cpm cpmAcMeter  cpmAcTempMonitor - cpmAcEncSysMaxTempAlmThr 1.3.6.1.4.1.35774.2.1.11.3 Yes DisplayString "degrees" read-only read-only read-only read-only read-only a';h;aff;::l:ry set enclosure system maximum temperaturealarm threshold. Values above threshold will trigger
starline cpm cpmAcMeter cpmAcTempMonitor - cpmAcEncUsrMaxTempAlmThr 1.3.6.1.4.1.35774.2.1.11.4 Yes DisplayString "degrees" read-write read-write read-only read-write read-write "The enclosure user maximum temperature alarm threshold.Values above threshold will trigger an alarm."
starline cpm cpmAcMeter  cpmAcTempNode - - 1.3.6.1.4.1.35774.2.1.12 Yes SEQUENCE OF CpmAcTempNodeEntry not-accessible  not-accessible  not-accessible  not-accessible  not-accessible  "Table of temperature node data."
starline cpm cpmAcMeter cpmAcTempNode cpmAcTempNodeEntry -- 1.3.6.1.4.1.35774.2.1.12.1 Yes CpmAcTempNodeEntry not-accessible not-accessible not-accessible not-accessible not-accessible "Variables pertaining to the temperature node table."INDEX { cpomAcNodelndex }
starline cpm cpmAcMeter cpmAcTempNode cpmAcTempNodeEntry cpmAcNodelndex 1.3.6.1.4.1.35774.2.1.12.1.1 Yes INTEGER { tempNode1(1), tempNode2(2), read-only read-only read-only read-only read-only "The index to the temperature node entry."
tempNode3(3), tempNode4(4) }
starline cpm cpmAcMeter cpmAcTempNode cpmAcTempNodeEntry cpmAcNodeld 1.3.6.1.4.1.35774.2.1.12.1.2 Yes DisplayString -- 15 characters max read-write read-write read-only read-write read-write "The name assigned to this temperature node."
starline cpm cpmAcMeter cpmAcTempNode cpmAcTempNodeEntry cpmAcNodeTemperature 1.3.6.1.4.1.35774.2.1.12.1.3 Yes DisplayString "degrees" read-only read-only read-only read-only read-only "The temperature at this node."
starline cpm cpmAcMeter cpmAcTempNode cpmAcTempNodeEntry cpmAcNodeTemperatureMax 1.3.6.1.4.1.35774.2.1.12.1.4 Yes DisplayString "degrees" read-write read-write read-only read-write read-write "The highest cpomAcNodeTemperature measured sincethe last operator reset of this value."
starline cpm cpmAcMeter  cpmAcTempNode cpmAcTempNodeEntry cpmAcNodeSysMaxAlmThresh 1.3.6.1.4.1.35774.2.1.12.1.5 Yes DisplayString "degrees" read-only read-only read-only read-only read-only a‘ll':remf'?lctory set system maximum temperature alarm threshold.Values above threshold will trigger an
starline cpm cpmAcMeter cpmAcTempNode cpmAcTempNodeEntry cpmAcNodeUsrMaxAlmThresh 1.3.6.1.4.1.35774.2.1.12.1.6 Yes DisplayString "degrees" read-write read-write read-only read-write read-write "The user maximum temperature alarm threshold.Values above threshold will trigger an alarm."
starline cpm cpmAcMeter cpmAcBreakerData - - 1.3.6.1.4.1.35774.2.1.13 Yes
starline cpm cpmAcMeter cpmAcBreakerData = cpmAcBreakerCount 1.3.6.1.4.1.35774.2.1.13.1 Yes DisplayString read-write read-write read-only read-write read-write "The number of active breakers."
starline cpm cpmAcMeter  cpmAcBrkrStatus - - 1.3.6.1.4.1.35774.2.1.14 Yes SEQUENCE OF CpmAcBrkrStatusEntry not-accessible  not-accessible  not-accessible  not-accessible  not-accessible  "Table of circuit breaker status data."
starline cpm cpmAcMeter cpmAcBrkrStatus cpmAcBrkrStatusEntry -- 1.3.6.1.4.1.35774.2.1.14.1 Yes CpmAcBrkrStatusEntry not-accessible not-accessible not-accessible not-accessible not-accessible "Variables pertaining to the circuit breaker status table."INDEX { cpomAcBrkrStatusindex }
starline cpm cpmAcMeter  cpmAcBrkrStatus cpmAcBrkrStatusEntry cpmAcBrkrStatusindex 1.3.6.1.4.1.35774.2.1.14.1.1 Yes INTEGER { cktBrkr1(1), cktBrkr2(2), cktBrkr3(3), read-only read-only read-only read-only read-only "The index to the circuit breaker entry."
cktBrkr4(4), cktBrkr5(5), cktBrkr6(6) }
starline cpm cpmAcMeter  cpmAcBrkrStatus cpmAcBrkrStatusEntry cpmAcBrkrCurrentStatus 1.3.6.1.4.1.35774.2.1.14.1.2 Yes DisplayString read-only read-only read-only read-only read-only "The current status of the circuit breaker as open (no voltage at load) or closed (voltage present at load)."
starline cpm cpmAcMeter  cpmAcNotifications -- -- 1.3.6.1.4.1.35774.2.1.50 Yes not-accessible not-accessible not-accessible not-accessible not-accessible
starline cpm cpmAcMeter cpmAcNotifications cpmAcEvents - 1.3.6.1.4.1.35774.2.1.50.0 Yes not-accessible not-accessible not-accessible not-accessible not-accessible
starline cpm cpmAcMeter  cpmAcNotifications cpmAcEvents cpmAcinfOvCurrAssertEv 1.3.6.1.4.1.35774.2.1.50.0.1 Yes not-accessible  not-accessible  not-accessible  not-accessible  not-accessible  "AC CPM Infeed Over Current Assert Event"
starline cpm cpmAcMeter cpmAcNotifications cpmAcEvents cpmAcinfOvCurrDeassertEv 1.3.6.1.4.1.35774.2.1.50.0.2 Yes not-accessible not-accessible not-accessible not-accessible not-accessible "AC CPM Infeed Over Current Deassert Event"
starline cpm cpmAcMeter  cpmAcNotifications cpmAcEvents cpmAcinfUnCurrAssertEv 1.3.6.1.4.1.35774.2.1.50.0.3 Yes not-accessible  not-accessible  not-accessible  not-accessible  not-accessible  "AC CPM Infeed Under Current Assert Event"
starline cpm cpmAcMeter cpmAcNotifications cpmAcEvents cpmAcinfUnCurrDeassertEv 1.3.6.1.4.1.35774.2.1.50.0.4 Yes not-accessible not-accessible not-accessible not-accessible not-accessible "AC CPM Infeed Under Current Deassert Event"
starline cpm cpmAcMeter  cpmAcNotifications cpmAcEvents cpmAcinfOvVoltAssertEv 1.3.6.1.4.1.35774.2.1.50.0.5 Yes not-accessible  not-accessible  not-accessible  not-accessible  not-accessible  "AC CPM Infeed Over Voltage Assert Event"
starline cpm cpmAcMeter cpmAcNotifications cpmAcEvents cpmAcinfOvVoltDeassertEv 1.3.6.1.4.1.35774.2.1.50.0.6 Yes not-accessible not-accessible not-accessible not-accessible not-accessible "AC CPM Infeed Over Voltage Deassert Event"
starline cpm cpmAcMeter  cpmAcNotifications cpmAcEvents cpmAcinfUnVoltAssertEv 1.3.6.1.4.1.35774.2.1.50.0.7 Yes not-accessible  not-accessible  not-accessible  not-accessible  not-accessible  "AC CPM Infeed Under Voltage Assert Event"
starline cpm cpmAcMeter cpmAcNotifications cpmAcEvents cpmAcinfUnVoltDeassertEv 1.3.6.1.4.1.35774.2.1.50.0.8 Yes not-accessible not-accessible not-accessible not-accessible not-accessible "AC CPM Infeed Under Voltage Deassert Event"
starline cpm cpmAcMeter  cpmAcNotifications cpmAcEvents cpmAcOtlOvCurrAssertEv 1.3.6.1.4.1.35774.2.1.50.0.9 Yes not-accessible  not-accessible  not-accessible  not-accessible  not-accessible  "AC CPM Outlet Over Current Assert Event"
starline cpm cpmAcMeter cpmAcNotifications cpmAcEvents cpmAcOtIOvCurrDeassertEv 1.3.6.1.4.1.35774.2.1.50.0.10 Yes not-accessible not-accessible not-accessible not-accessible not-accessible "AC CPM Outlet Over Current Deassert Event"
starline cpm cpmAcMeter  cpmAcNotifications cpmAcEvents cpmAcOtiUnCurrAssertEv 1.3.6.1.4.1.35774.2.1.50.0.11 Yes not-accessible  not-accessible  not-accessible  not-accessible  not-accessible  "AC CPM Outlet Under Current Assert Event"
starline cpm cpmAcMeter cpmAcNotifications cpmAcEvents cpmAcOtlUnCurrDeassertEv 1.3.6.1.4.1.35774.2.1.50.0.12 Yes not-accessible not-accessible not-accessible not-accessible not-accessible "AC CPM Outlet Under Current Deassert Event"
starline cpm cpmAcMeter  cpmAcNotifications cpmAcEvents cpmAcOvTempAssertEv 1.3.6.1.4.1.35774.2.1.50.0.13 Yes not-accessible  not-accessible  not-accessible  not-accessible  not-accessible  "AC CPM Over Temperature Assert Event"
starline cpm cpmAcMeter cpmAcNotifications cpmAcEvents cpmAcOvTempDeassertEv 1.3.6.1.4.1.35774.2.1.50.0.14 Yes not-accessible not-accessible not-accessible not-accessible not-accessible "AC CPM Over Temperature Deassert Event"
starline cpm cpmAcMeter  cpmAcNotifications cpmAcEvents cpmAcBrkrStatusAssertEv 1.3.6.1.4.1.35774.2.1.50.0.15 Yes not-accessible  not-accessible  not-accessible  not-accessible  not-accessible  "AC CPM Breaker Status Assert Event (Breaker is open/off)"
starline cpm cpmAcMeter cpmAcNotifications cpmAcEvents cpmAcBrkrStatusDeassertEv 1.3.6.1.4.1.35774.2.1.50.0.16 Yes not-accessible not-accessible not-accessible not-accessible not-accessible "AC CPM Breaker Status Deassert Event (Breaker is On)"
starline cpm cpmAcMeter  cpmAcNotifications cpmAcEvents cpmAcSecurityAssertEv 1.3.6.1.4.1.35774.2.1.50.0.17 Yes not-accessible not-accessible not-accessible not-accessible not-accessible "AC CPM Security Assert Event"
starline cpm cpmAcMeter cpmAcNotifications cpmAcEvents cpmAcSecurityDeassertEv 1.3.6.1.4.1.35774.2.1.50.0.18 Yes not-accessible not-accessible not-accessible not-accessible not-accessible "AC CPM Security Deassert Event"
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